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DC 3V <2.25 20.15 133.3mA 22.50 DC 3.9V
DC 5V <3.75 20.25 80mA 62.6Q DC 6.5V
DC 6V <4.50 20.30 66.7mA 90Q DC 7.8V
DC 9V <6.75 20.45 44 4mA 202.50 DC 11.7Vv
DC 12V <9.00 20.60 33.3mA 360Q DC 15.6V
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