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新版发行 A0 20220707

GR04M1HXS008

FEATURES

1000 Base-T RJ45 1x1 Tab-DOWN with integrated

 magnetics connector

Suitable for CAT 5 & 6 Fast Ethernet Cable or

better UTP

350 µH minimum OCL with 8 mA bias current

Minimum 1500 Vrms isolation per IEEE 802.3

requirement

Operating Temperature 0°C to +70°C

Lead-Free & Designed to meet RoHS requirement
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新版发行 A0 20220707廖振纲

GR04M1HXS008

PARAMETER SPECIFICATIONS

OPERATING TEMPERATURE

TURNS RATIO 1.00±2%

POLARITY PER SCHEMATIC

INSERTION LOSS
0.1-100KHz

-1.2 dB MAX.

PHY-SIDE RETURN LOSS

(SDD11-Zref=100 OHMS ±1%)

1MHz-30 MHz

-16 db MIM

CROSSTALK,ADJACENT CHANNELS
30 MHz

-40db MIN

COMMON MODE REJECTION RATIO
1MHZ-30MHZ

-35 dB MIN

 DC CURRENT

CARRING CAPABILITY

INPUT-OUTPUT ISOLATION 1500 VRMS MIN @60 SECONDS

INDUCTANCE(OCL) 350 uH MIN @100 kHz,100mV  DC8mA

40 MHz

-13.5 db MIM

50 MHz

-11.5db MIM

60-80 MHz

-10 db MIM

60 MHz

-36 db MIN

60MHZ

-32 dB MIN

100 MHz

-30 db MIN

100MHZ

-30 dB MIN

0°C to +70°C


