


■STANDARD RATINGS

 WV(Vdc) 400V(480VF) 400V(510VF）
Parameter

ΦDxL Impedance Ripple Current(mArms) ΦDxL Impedance Ripple Current(mArms)
(mm) Ω 105℃ (mm) Ω 105℃

Cap (μF) 20℃,100KHZ 100KHZ 20℃,100KHZ 100KHZ

4.7 6.3X9 4.20 116 6.3X11 4.20 116

6.8 6.3X11 3.50 128 6.3X12 3.50 128

8.2 6.3X12 2.80 170 6.3X13 2.80 170

10 6.3X14 2.20 185 6.3X15 2.20 185

10 8.2X9 2.20 185 8.2X11 2.20 185

12 6.3X15 2.00 220 6.3X18 2.20 220

12 8.2X10 2.00 220 8.2X13 2.20 220

12 7.2X13 2.00 220 7.2X15 2.20 220

15 6.3X18 1.50 240 6.3X20 1.50 240

15 7.2X15 1.50 240 7.2X16 1.50 240

15 8.2X11 1.50 240 8.0X13 1.50 240

18 6.3X16 2.00 265 6.3X21 2.00 265

18 7.2X15 2.00 265 7.2X17 2.00 265

18 8.2X13 2.00 265 8.0X14 2.00 265

22 6.3X20 1.00 305 7.2x20 1.00 305

22 7.2X18 1.00 305 8.0x16 1.00 305

22 8.2X15 1.00 305 9.0X14 1.00 305

25 7.2X24 0.60 350 8.2X17 0.60 350

27 8.2X17 0.60 350 8.0X18 0.60 350

27 10.2X13 0.60 350 10.2X14 0.60 350

33 7.2x26 0.50 370 8.0X20 0.50 370

33 8.2x19 0.50 370 9.0x23 0.50 370

33 10.2X14 0.50 370 10 X 15 0.50 370

39 8.2x25 0.50 435 8.0x28 0.50 435

39 9.0x18 0.50 435 9.0x25 0.50 435

39 10.2x17 0.50 435 10.0x18 0.50 435

47 8.2x25 0.50 610 8.0x30 0.50 610

47 9.0x23 0.50 610 9.0x25 0.50 610

47 10.2x19 0.50 610 10.0X20 0.50 610

47 13x16 0.50 610 13X18 0.50 610

56 9.0x30 0.48 815 9.0x32 0.48 815

56 10.2x23 0.48 815 10.0x25 0.48 815

56 13X18 0.48 815 13x20 0.48 815

68 13x21 0.45 1000 16x18 0.45 1000

82 16x18 0.40 1220 16x20 0.40 1220

100 16x22 0.35 1315 16x25 0.35 1315



■STANDARD RATINGS

 WV(Vdc) 420V(540VF) 450V(560VF)
Parameter

ΦDxL Impedance Ripple Current(mArms) ΦDxL Impedance Ripple Current(mArms)
(mm) Ω 105℃ (mm) Ω 105℃

Cap (μF) 20℃,100KHZ 100KHZ 20℃,100KHZ 100KHZ

4.7 6.2x13 4.00 110 8.2x9 15.70 110

6.8 8.2x9 3.20 125 8.2x12 12.80 125

8.2 8.2x12 3.00 165 8.2x13 9.30 165

10 8.2x13 2.80 185 8.2x13 8.20 185

15 8 x 14 2.00 252 8.2x14 6.10 252

15 10.2x12 2.00 252 10.2x14 6.10 252

18 8.2x15 1.80 290 8.2x16 5.70 290

18 10.2x13 1.80 290 10.2x15 5.70 290

22 8.2x16 1.50 312 8.2x18 5.50 312

22 10.2x14 1.50 312 10.2x16 5.50 312

27 8.2x19 1.20 370 8.2x23 4.50 370

27 10 x 15 1.20 370  10.2x18 4.50 370

33 8 x 23 1.00 430 8.2x25 3.20 430

33 10 x 16 1.00 430 13x20 3.20 430

39 10.2x22 0.95 505 10.2x28 3.20 505

39 13x18 0.95 505 13x22 3.20 505

47 13x19 0.90 610 13x22 2.70 610

47 10.0x23 0.90 610 16x18 2.70 610

56 10.0x25 0.85 830 16x20 1.80 830

56 13x21 0.85 830 16x20 1.80 830

68 13x22 0.80 1000 16x25 1.60 1000

68 16x20 0.80 1000 16x25 1.60 1000

82 13x25 0.70 1160 18x25 1.40 1160

82 16x22 0.70 1160 18x25 1.40 1160

100 18x20 0.50 1315 18x25 1.10 1315

100 16x25 0.50 1315 16x30 1.10 1315
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