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5.0mm Automobile connector

Temperature range:-40℃-+125℃

温度范围：-40℃-+125℃

K   828801    T  -  P   SN - B

1.K: XKBTEK-Car Connector

2.XKB Series No

3.Category:T-Terminal

4.Material:P-Phosphor Bronze

5.Plating:SN-Plated Tin

6.Special No:B-Glass B Terminal
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K828801T-PSN-B

Phosphor Bronze

AWG#24~18 K828801H
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