


XKB INDUSTRIAL PRECISION CO.,LIMITED

MODEL TYPE:
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K201900L-XX-4T PA4T K201900HM X2000W

PART N0 Material

Suitable XKB

Housing

Suitable XKB

Wafer

Poles

Dimensions(mm)

Poles

Dimensions(mm)

A B C A B C

06 10.00 11.55 10.00 11 20.00 21.55 17.40

07 12.00 13.55 10.00 12 22.00 23.55 17.40

08 14.00 15.55 10.00 13 24.00 25.55 17.40

09 16.00 17.55 12.00 14 26.00 27.55 17.40

10 18.00 19.55 17.40 15 28.00 29.55 17.40

2.0mm automotive connector
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Specification:

 Volatage Rating:250V  AC/DC

 Current Rating :3A AC/DC

 Withstaning Voltage:800V AC/Minute

 Temperature Range:-40°~+125°

 Insulation Resistance:≥1000MΩ

 Contact Resistance:≤10MΩ

K    201900    L  - XX  - 4T

1.K:XKBTEK-Car Connector

2.XKB Series No

3.Special No:L-Lock catch

4.Row No.Pin No:XX-06~15 Pin

5.Material:4T-PA4T
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K201900L-XX-4T

X-K201900L-XX-4T


