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SPECIFICATIONS
B+0.25 =P 8040.P5—— 1. Current Rating: 1A AC, DC
2. Voltage Rating: 50V AC, DC
3. Temperatuer Range: —-25°C~+85°C
N 4. Contact Resistance: 20mQ Max
v 5. Insulation Resistance: 100MQ Min
. o S 6. Withstanding Voltang: 500V AC/minute
1 1 ] 7. Material:PBT, UL94V-0
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o 1040.20 Circuit Part NO. Dl;lensmnsBmm
2 HC-1. 0-2Y 1.00 | 5.00
3 HC-1. 0-3Y 2.00 | 6.00
4 HC-1. 0-4Y 3.00 | 7.00
5 HC-1. 0-5Y 4,00 | 8.00
6 HC-1. 0-6Y 5.00 | 9.00
| | | | | | 7 HC-1. 0-7Y 6.00 | 10.00
JLUHLU{ m Jm JMHM{ 8 HC-1. 0-8Y 7.00 | 11.00
9 HC-1. 0-9Y 8.00 | 12.00
| | ‘ ‘ ‘ ‘ 10 HC-1. 0-10Y 9.00 | 13.00
| | ; ; ; ; 11 HC-1. 0-11Y 10.00 | 14.00
L 12 HC-1. 0-12Y 11.00 | 15.00
| | | 13 HC-1. 0-13Y 12.00 | 16.00
14 HC-1. 0-14Y 13.00 | 17.00
1.00£0.10 15 HC-1. 0-15Y 14.00 | 18.00
16 HC-1. 0-16Y 15.00 | 19.00
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