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Notes:
 1. Electrical Characteristics:
   1.1 Contact Resistance: 30mΩ Max.
   1.2 Dielectric Withstanding Voltage: 1000V AC(rms)
      For 1 Minute.
   1.3 Insulation Resistance: 500MΩ Min.
   1.4 Current Rating:1.5A.
   1.5 Voltage Rating:125V AC rms.
 2. Environment Characteristics:
   2.1 Temperature: -40°C~+85°C.
 3. Materials:
   3.1 Contact Material: Copper Alloy.
   3.2 Contact Plating: Gold flash.
   3.3 Insulator Materials: PBT ,UL94-V0.
 4. Product Number Code:

Connector Type
S:Socket

No.Of Contacts
8:8p8c

Housing Color
B:Black

Contact Plating
8: Gold flash
......

Housing Material
P:PBT
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Recommend PCB layout(Tolerance:±0.05)
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