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MUMBER OF PINS DIM.A DIM.B

绝缘电阻：≥1000MΩ

适应基板厚度：1.2mm~1.6mm

温度范围：-25℃~85℃

额定电压：250V AC/DC

接触电阻：≤0.01Ω

额定电流：7A

耐 压：1500V AC/minute

材质:黄铜,电镀:镀亮锡60u"MIN

DESCRIPTION

材质:PA66 (UL94V-0),颜色:本色
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