
FAST SWITCHING DIODE / DATA SHEET 
 
 

 
BAS516 
 
◇ Fast switching devices 
◇ SOD523 Micro SMD package  
◇ RoHS compliant / Green EMC 
◇ Matte Tin (Sn) Lead finish 
◇ Cathode Band / Device marking 
◇ Surface Mount Package Ideally Suited  

for Automatic Insertion 
◇ For General Purpose Switching Applications 
◇ High Conductance 
 
 

Device Marking Code 

BAS516 61 

 

Maximum Ratings （Ta = 25 ℃） 

 

Symbol Parameter Value Units 

VR DC Reverse Voltage 75 V 

IF Forward Current 250 mA 

IFRM Repetitive Forward Current 500 mA 

TJ Junction Temperature 150 ℃ 

TSTG Storage Temperature -55 to +150 ℃ 

 

Electrical Characteristics （Ta = 25 ℃） 

 

Symbol Parameter Conditions Min Max Units 

VR Reverse Voltage IR = 100uA, 75  V 
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Ordering Information 

 

Device Package Shipping Tape  

wide 

Emboss 

pitch 

Tape  

specification 

Notes 

BAS516 SOD523 
Tape & Reel 

8000pcs /7” Reel 
8 mm 4 mm Conductive  

 

Package Dimensions 
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