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Technical data:

Housing :PBT(UL94V-0).Black
Terminal:S.Q0.64mm Brass,Gold plating
Current Rating :1Amp Max.
Dielectric Withstanding Voltage:
    600V AC R.M.S. for one minute.
Insulaction Resistance :5000M ohms Min
           AT 500V DC
Contact Resistance :30m ohms Max.
Operating Temperature :-55℃ to+105℃
Max Processing Temp :220℃ for 10 seconds.
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