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Compatible Fuses 5x20 mm

Electrical
Specifications

Rated Voltage: 250 V

Rated Current: 10 A

Rated Power: 1.6 W

Materials

Molded Holder (Block) and Cover: 
Black VE PA6/66 (UL94 V-0)

PCB Terminals: Tin plated brass

Protection Class
& Category

PC1 (IEC 60127-6)

Contact Resistance ≤ 5 mΩ

Degree of Protection IP 00

Ambient Temperature -30 °C to 120 °C

Solder Pot Temperature 260 °C

Solder Dwell Time 10 seconds

5x20mm PC FUSE HOLDER
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