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REV | E.CN NO. CONTENT (HK DATE
NOTES1
UL Standard
I Use group B C D
Rated Current| 5A / /
Rated Voltage|150V| / /

2.withstanding voltage: AC1300V/1Min
IEC Standard

1.[Pollution Degree

Overvoltage Category

Rate Impulse Voltage(KV) | 1.5KV | 2.5KV | 2.5KV

=5

Rate Voltage(V) 80V | 160V | 200V
@ Rate Current(A) S5A S5A 5A
MAI XU
2EDGOC
2.54 NOTES2:
¢ , 1Housing: PA&6 (UL9LV-0)
g 2.Solder Pin: Brass (Sn Plated)
|
3.90 NOTES3
1Pitch: 254mm  Poles: 02-24P
r 2.0perating temperature: -40°C~+105°C
3.RoHS Compliance
How to order
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Pitch Range In |Nominal Dimension Range |_| /7 ITEM | NAME OF PART NO. OF PART QTY | MATERIAL 7 NOTE
mm In_mm DWG. | CKK | DATE| 23.0620 UNTS | MM SHEET/OF 7 11
Over |Over QOver |Over |Over |Over
Al 3o e e e | 0-1/10 K DATE SCALE| 101 w | =@
TO TO TO TO TO | TO | TO APP DATE
= NaMe | MXZEDCVC-254-XXP
6 |10 | 24 | 50 | 60 | 100 | 150 @  (IXI MAIXU ELECTRONIS (0, LTD
+0.15|+£0.20|£0.30|£0.30|+£0.50|£0.70|{+1.00|+1.30| +2° maxu £ Z % % BB F A K A F DWoNo
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