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pin | COMMERCIAL GRADE |  MILITARY GRADE | . -
PKGS Vec = +5.0 V +5%, Ve = +5.0 V +10%,
OUT| 1, 0°Cto+70°C | Ta=-55°Cto+125°C | ' E
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INPUT LOADING/FAN-OUT: See Section 3 for U.L. definitions E—{>°—EI
PINS 54/74 (U.L) | 54/74H (U.L) | 54/74S (U.L) | 54/74LS (U.L)
HIGH/LOW | HIGH/LOW | HIGH/LOW | HIGH/LOW
Inputs 1.0/1.0 1.25/1.25 1.25/1.25 0.5/0.25
Outputs 20/10 12.5/12.5 25/12.5 10/5.0
(2.5

DC AND AC CHARACTERISTICS: See Section 3”

symBoL PARAMETER S4/74 | S4/74H | S4/74S | 54/74LS | yniTs CONDITIONS
Min Max |Min Max |Min Max {Min Max
IccH Power Supply 12 26 24 24 mA Vin = Gnd Vee = Max
iccL Current 33 58 54 6.6 Vin = Open
tPLH . 22 10 |2.0 45 10 .
tPHL Propagation Delay 15 10 |20 50 10 ns Fig. 3-1, 3-4
tPLH Propagation Delay 110 357 i oaq Al
tPHL (54/74S04A only) - 10 40 ns | Fig.3-1,3-4

*DC limits apply over operating temperature range; AC limits apply at Ta = +26°C and Vcc =450 V.
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