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WIRING SCHEMATIC

CABLE CABLE
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FEMALE (B) FRONT VIEW

P/N

XXXXX

2-NOT USED

1-BROWN

3-BLUE

5-NOT USED

4-BLACK

FEMALE (A) FRONT VIEW

2-NOT USED

1-BROWN

3-BLUE

5-NOT USED

4-BLACK

MALE INSERT - FRONT VIEW

1-BROWN

3-BLUE

4-BLACK

2-BLACK

(B)

(A)

NOTES:

1. MATERIAL: AS NOTED

2. FINISH: AS NOTED

3. ELECTRICAL:

    VOLTAGE: 250V

    CURRENT: 4A

4. TEMP RATING: -20°TO +105°C

5. PROTECTION: IP67 (WHEN MATED)

6. COUPLING THREAD:

     FEMALE: M12 X 1 INTERNAL THD.

     MALE: M12 X 1 EXTERNAL THD.

7. UL RECOGNIZED FILE: E152210

    CSA CERTIFIED FILE: LR6837

8. ALL DIMENSIONS ARE FOR REFERENCE

    UNLESS TOLERANCED OR NOTED OTHERWISE

884A30A09M003

FINISHED LENGTH:

PART NO. MATRIX

M005= 0.5 METER

M010= 1 METER

M100= 10 METER

CABLE LENGTH TOLERANCES

<.3M [1FT]: +19mm-0 [ +.75in-0]

.3 - .9M [1 - 3FT]: +44.5mm-0 [+1.75in-0]

.9 - 1.8M [3 - 6FT]: +55.6mm-0 [+2.19in-0]

1.8 - 3.7M [6 - 12FT: +88.9mm-0 [+3.50in-0]

3.7 - 7.3M [12 - 24FT]: +165.1mm-0 [+6.50in-0]

7.3-14.6M [24 - 48FT]: +317.5mm-0 [+12.50in-0]

14.6 - 30.5M [48-100FT]: +622.3mm-0 [+24.50in-0]

OVER 30M [100FT] +2% OF FINISHED LENGTH

PART NO ENGINEERING NO. FINISHED LENGTH

1200680175 884A30A09M003

0.3M [1 FT ]

1200680176 884A30A09M006

0.6M [2 FT ]

1200680177 884A30A09M010

1M [3 FT 3 IN]

6 PUR YELLOWMALE OVERMOLD

CONTACT SOCKET

FEMALE INSERT

FEMALE OVERMOLD

CABLE  #22-3 

DESCRIPTIONITEM MATERIAL FINISH

1 PVC YELLOW

2 PUR YELLOW

PUR3

GOLD OVER NICKELCOPPER ALLOY4

NICKEL PLATED5 FEMALE COUPLING NUT BRASS 

A

A

BLACK

7 PUR BLACKMALE INSERT

A
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KEYWAY OF MALE END

TOWARD CABLE "A"

45°

Ø.57 TYP.

[14.5]

Ø.57

[14.5]

45°

1
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Ø.20 TYP.

[5.1]

A

A

A

8 COPPER ALLOY GOLD OVER NICKELCONTACT PIN

9 BRASS NICKEL PLATEDMALE COUPLING NUT

10 VITON REDO-RING

11 VINYL BLACK/YELLOWWRAP LABEL
A

A

7

8

12 VINYL BLACK/WHITEID LABEL A

11

1.84

[46.7]

1.84

[46.7]

2.05
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1FORMAT: ACAD-tb-prod-A3
REVISION: B
DATE: 2020/01/14

CURRENT REV DESC: ITEM 2 & 6 WAS TPU & 11 WAS
MYLAR. ADDED ITEM-12, UL, CSA, CABLE DIA, TOL
CHART & PN MATRIX. UPDATED TEMP RATING AND
VOLTAGE WAS 30VDC
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THIRD ANGLE PROJECTION

120068

M12, 4-3 POLE, MALE-FEMALE, STRAIGHT,
SINGLE KEY, 22 AWG
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