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PART NO.DESCRIPTIONREFERENCE RECEPTACLE P/N

2363929-1DIMMING RECEPTACLE, 3 POSITION6-2213362-1

2363929-2DIMMING RECEPTACLE, 5 POSITION2213362-3

2363929-3DIMMING RECEPTACLE, 7 POSITION2213362-4

1-2363929-1ROTATABLE DIMMING RECEPTACLE, 3 POSITION1-2213627-9

1-2363929-2ROTATABLE DIMMING RECEPTACLE, 5 POSITION1-2213627-7

1-2363929-3ROTATABLE DIMMING RECEPTACLE, 7 POSITION1-2213627-8

2363929-3 SHOWN
  MATERIALS AND FINISH:

      -DIMMING RECEPTACLE: SEE TE P/N
      -GASKET: RUBBER
      -BRACKET: ALUMINUM
      -HOUSING: ALUMINUM
      -LOCKNUT: ZINC ALLOY

 2. MUST COMPLY WITH DIRECTIVE 2002/95/EC (ROHS)
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