
NOTES:

1. MATERIAL: AS NOTED

2. FINISH: AS NOTED

3. ELECTRICAL:

    VOLTAGE: 125V

    CURRENT: 1.5A

4. TEMP RATING: -20° TO +75°C

5. PROTECTION: IP67 (WHEN MATED)

6. COUPLING THREAD: M12 X 1

7. UL CERTIFIED FILE: E200650

8. ALL DIMS ARE FOR REFERENCE

   UNLESS NOTED OTHERWISE

PART NUMBER LEGEND

CABLE LENGTH TOLERANCES

>.3M [1FT]: +19mm-0 [ +.75in-0]

.3 - .9M [1 - 3FT]: +44.5mm-0 [+1.75in-0]

.9 - 1.8M [3 - 6FT]: +55.6mm-0 [+2.19in-0]

1.8 - 3.7M [6 - 12FT: +88.9mm-0 [+3.50in-0]

3.7 - 7.3M [12 - 24FT]: +165.1mm-0 [+6.50in-0]

7.3-14.6M [24 - 48FT]: +317.5mm-0 [+12.50in-0]

14.6 - 30.5M [48-100FT]: +622.3mm-0 [+24.50in-0]

OVER 30M [100FT] +2% OF FINISHED LENGTH

WIRE DIAGRAM

A

B

C

D

E

F

G

H

I

J

A

B

C

D

E

F

G

H

I

J

12345678910111213

12345678910111213

NTS

SCALE

SD-120108-078

MOLEX INCORPORATED

SIZE

INCH
IN/MM

DESIGN UNITSDIMENSION STYLE

THIS DRAWING CONTAINS INFORMATION THAT IS PROPRIETARY TO MOLEX

INCORPORATED AND SHOULD NOT BE USED WITHOUT WRITTEN PERMISSION
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