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P.C.B Layout

一.电气性能:

   1-1.额定电流: 3A AC DC.

   1-2.接触电阻: ≤20mΩ

   1-3.绝缘电阻: ≥1000MΩ Min

   1-4.耐    压: 550V AC/Minute

二.物理特性:

   2-1.操作温度: -55℃～105℃

   2-2.焊接温度: +250℃，10s max

三.材质:

   3-1.塑胶: PA6T(Black) UL94V-0

   3-2.插针: Brass/Gold plated
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