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PART# DESCRIPTION DESCRIPTION
874390600 1.5mm Rcpt Hsg Nyl Nat 6Ckt 1X24AWG DISC SR-PVC BK UL10002
874210000 1.5mm Rcpt Term Crim 2.5Sn 1X24AWG DISC SR-PVC BK UL10002

— PAPER PRINTED PAPER WHITE 1X24AWG DISC SR-PVC BK UL10002
1X24AWG DISC SR-PVC BK UL10002

1X24AWG DISC SR-PVC BK UL10002
1X24AWG DISC SR-PVC BK UL10002

C

SEE DETAIL A

TABLE
PART NUMBER| L1 L2 (REF) TITLE
2183971060 | 50:3 13 PICO-SPOX 1.5 R-S 6CKT 50MM DISC Sn
2183971061 | 100:5 38 PICO-SPOX 1.5 R-S 6CKT 100MM DISC Sn
2183971062 | 150:8 63 PICO-SPOX 1.5 R-S 6CKT 150MM DISC Sn
2183971063 | 300:10 138 PICO-SPOX 1.5 R-S 6CKT 300MM DISC Sn
2183971064 | 60010 | 288 PICO-SPOX 1.5 R-S 6CKT 600MM DISC Sn

NOTES REVISION
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3. Label text must be 2mm max. in height with Arial font. 0_mm | NTS mOIex

GENERAL TOLERANCES

4. Label must be wrapped in Flag type on a single cable. 0| wniess speciFiED)
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