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DESCRIPTION:

ITEM NO.

REV. 01

2021.03.18
C6 SLIM UTP(W/O Cross) 28AWG 
4P PVC CMH Molding GY177  

10018XXX      10019XXX 

UNIT:mm

A/0 2015.11.19 LM     NEW
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8P8C 50U RJ45
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 JACKET:PVC OD=3.6±0.3mm 

 CONDUCTOR:[28AWG(7/0.127±0.008mm)BC]X4P

4

 INSULATION:[HDPE OD=0.6±0.05mm]X4P

2

SEC:A-A

INK MARKING <BY0021>: CAT.6 U/UTP 28AWGX4P PATCH CONFORM TO ANSI/TIA-568.2-D & ISO/IEC 11801 
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2.08%
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12  ±2 1.39%

CAT.6 UTP 28AWG*4P PVC GY177  

PVC  Transparent   BOOT 23

Operation Temperature:-20°C~+60°C

A/1 2021.03.18 Arvin Add 
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2021.03.24
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 C6 SLIM UTP 28AWG PVC Molding 

10018XXX   10019XXX

PE BAG SIZE(INCH) PART NO.: Length/FT CARTON SIZE(INCH) QTY G.W.(LBS)

6.89x7.48 100180 0.5 15.75x15.75x7.87 550 21.54

6.89x7.48 100181 1 15.75x15.75x7.87 450 20.59

6.89x7.48 100182 1.5 15.75x15.75x9.84 450 23.37

6.89x7.48 100183 2 15.75x15.75x9.84 400 22.84

6.89x7.48 100184 3 15.75x15.75x9.84 350 24.18

6.89x7.48 100185 4 15.75x15.75x9.84 300 24.34

6.89x7.48 100186 5 15.75x15.75x9.84 280 25.93

6.89x7.48 100187 6 15.75x15.75x9.84 220 23.15

6.89x7.48 100188 7 15.75x15.75x9.84 220 25.57

6.89x7.48 100189 8 15.75x15.75x9.84 200 25.66

6.89x7.48 100190 9 15.75x15.75x9.84 180 25.22

6.89x7.48 100191 10 15.75x15.75x9.84 180 27.29

Ethernet Patch Cable

*
*
*
*
*

RoHS Compliant
50µ Gold Plated RJ45 Plug

Stranded 568B Wiring
ANSI/TIA-568.2-D

100% Pure Copper Wire

xxx mm

xx
x 

m
m

xxx mm

xx
x 

m
m

Which can expose you to chemicals including
diisononyl phthalate (DINP) which is known
to the State of California to cause cancer.

For more information, go to
www.P65Warnings.ca.gov

WARNING:This product contains PVC To avoid danger of suffocation,keep this plastic 
bag away from babies and children.Do not use 
this bag in cribs,beds,carriages,or playpens.
This bag is not a toy.
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Back

 UPC CODE

4 0 2 0 5 5 2 0 2 28 0

001007182

100718BL
COLOR PART NO.

DESCRIPTION

QUANTITY

PIECES

PO NO. C/NO.

VENDER CODE DATA CODE MADE IN

of

35-2020PS01269 China

1 Ft Panel Mount Cat.6 Ethernet
Cable Blue

EP2000191

G.W.: KGS
N.W.: KGS40.56

39350

5CM

2C
M Label
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CM-100180XXBSTK

CM-100181XXBSTK

CM-100182XXBSTK

CM-100183XXBSTK

CM-100184XXBSTK

CM-100185XXBSTK

CM-100186XXBSTK

CM-100187XXBSTK

CM-100188XXBSTK

CM-100189XXBSTK

CM-100190XXBSTK

CM-100191XXBSTK
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