
NOTES:

1. MATERIAL: AS NOTED

2. FINISH: AS NOTED

3. ELECTRICAL:

    VOLTAGE: 250V

    CURRENT: 4A

4. TEMP RATING: -25°TO +105°C

5. PROTECTION: IP67 (WHEN MATED)

6. COUPLING THREAD: M12 X 1.0

7. UL RECOGNIZED FILE: E152210

8. ALL DIMS ARE FOR REFERENCE  UNLESS

   TOLERANCED OR NOTED OTHERWISE
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