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C13, 16 AWG, SJT wire, 30-01109

Notes:

X.X:    
11-00129
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RoHS compliant
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Size:
Dimensions are in 
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Tolerances: 
X:        

tel   1.541.323.3228     800   877.670.7118
fax  1.541.323.4202     

Ac cord, 1000 mm, U.S., Nema 5-15P plug, TLY-13 to A

ITEM NO. PART NUMBER DESCRIPTION QTY. COMPONENT NOTES

1 TLY-13 NEMA 5-15P 1 PVC, black

2 TLY-18 C13 female 1 PVC, black

3 30-01109 Wire, 3C, 16 AWG, UL SJT, 300V, 105C, 8.4 mm, VW-1, PVC 1

4 Ac label White with black text: "13A 125V AC" 1

Wiring Diagram
 

TLY-13                   wire color                   TLY-18

Live black Live
Neutral white Neutral
Ground green Ground

Notes:
Cable rated for 13A, 125 Vac
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