D10100DA/20

=

1

THIS COPY 1S PROVIDED ON A RESTRICTED BASIS AND 1S NOT TO BE USED IN ANY WAY DETRIMENTAL TO THE INTERESTS OF PANDUIT CORP.
-~ BT -« 2.53 [64] —»
MP CASSETTE "’fi‘,.E" CASSETTE ROLL [64]
+/- 030 | WIDTH "B" COLOR MATERIAL | LENGTH I
PART NO. 5-030] " qer +10% / -0% (] =
T038X000VPM-BK BLACK ON WHITE GMV20 23 ft i :
T038X000VXM-BK | 0.354 YELLOW ON BLACK GMV20 [7.01 m]
[9.0]
T038X000YKM-BK o7 CLEAR/BLACK GMY14 [93104“m] | i 2.05
: ' 75.00
T050X000VPM-BK (22.1] BLACK ON WHITE GMV20 23 ft 1 [ ]
TO50X000VXM-BK | 0.472 YELLOW ON BLACK GMV20 [7.01 m] = B
[12.0]
T050X000YKM-BK CLEAR/BLACK GMY14 [9§104f:n] {
T075X000VPM-BK BLACK ON WHITE GMV20 23 ft —
T075X000VXM-BK | .710 0.99 YELLOW ON BLACK GMV20 [7.01 m]
[18.0] | [25.1] 30 1t
TO75X000YKM-BK CLEAR/BLACK GMY14 [9.14 m]
T100X000VPM-BK BLACK ON WHITE GMV20 23 ft
T100X000VXM-BK YELLOW ON BLACK GMV20 [7.01 m]
0.945 1.10 30 ft
T100X000YKM-BK | [24.0] [27.9] CLEAR/BLACK GMY14 [9.14 m]
T100X000MPM-BK WHITE ON BLACK MAG 5 ft =\
T100X000MXM-BK YELLOW ON BLACK MAG [1.52 m] n
T150X000VPM-BK BLACK ON WHITE GMV20 23 ft
T150X000VXM-BK YELLOW ON BLACK GMV20 [7.01 m]
1.417 1.56 30 ft
T150X000YKM-BK | (36.0] | [39.6] CLEAR/BLACK GMY 14 [9.14 m]
T150X000MPM-BK WHITE ON BLACK MAG 5 ft o
T150X000MXM-BK YELLOW ON BLACK MAG [1.52 m] . AT
MP CONTINUOUS TAPE A
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