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NOTE:
. Rating Voltage:SAE IN:12V,USB OUT: 12V 2. 1A
PINOUT: 2.Rating Temperature:-15° C TO +105° C
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REVIECN# DESCRIPTION DATE
P/N: REV
5 | Connector| WHITE | USB2.0 A FEMALE G/F 1 CnC Tech LLC CNC-SAE-744-00100 |A.
4 PVC BLACK 45P PVC RoHS 10 g ) TME Cable SAE to USB AFF 16AWG 1M
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2 | TER NICKEL] 4.5 FEMALE TER RoHS T PCS WENG 4 .
T | CABLE [BLACK | SPT-1 I6AVG _ RollS 1000 | W | LW 7] i . mv
NO. | NAME COLOR DESCRIPTION QTY | UINT SHEET | OF |




