ITEM NO. PART NUMBER DESCRIPTION QTY. COMPONENT NOTES
1 50-00026 Connector, dc plug, 5.5x2.5xL23 mm, molding style, spring contacts 1
2 30-00242 Wire, 2C, 18 AWG, UL SPT-1, 300V, 105C, 5.55 mm, VW-1, PVC 1
3 24-00201 Overmold, PVC, dc plug 1 black
4 50-00555 Connector, 50 mm, alligator clip, red sleeve 1
5 50-00556 Connector, 50 mm, alligator clip, black sleeve 1
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Wiring Diagram
50-00026 wire color alligator clip
center black with tracer| 50-00555/red
sleeve black 50-00556/black
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