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1. MATERIAL: SEE TABLE 34.4
2. FINISHES: SEE TABLE
3. ELECTRICAL SPECIFICATIONS:

VOLTAGE RATING: 300V AC/DC

CURRENT RATING: 3P = 10 AMPS

5P = 5.6 AMPS
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