
GlobTek                                                                                                                   __     . 
Summary: P/N: 401P1988F702                             Rating: 13A / 125V 
 

Description: NORTH AMERICAN DETACHAEBLE CORDSET   
_____________________________________________________________________________ 
                                      Rev. ‘C’ Dt. 
06/05/95 
General Specifications:  
Cable Size / Type (1): 2C / 16AWG / SJT 

Temperature Rating: 105°C  

  

Overall Length    (4): 244 + 3 cm 

Cable OD: 8 mm 

  

End ‘A’ Termination: (2) IEC 320 / C17 

End ‘B’ Termination: (3) Nema 1-15P 

Approvals: UL, CSA 

Cable Jacket Color (1): Black 

Conductor Colors Blk / Wht 

 
 
Packing : Hanking  
 
 

 L1 L2 L3  
7 cm 23 cm 25 cm 
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     GlobTek  Inc.  186 Veterans Drive  Northvale,  N.J  07647. U.S.A.    Ph. 201-784-1000     Fx. 201-784-0111 
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