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LENGTH + TOLERANCE

1300480208 E1WB03010M002

7.87* +0.75"/-0"

[ 02M +191/-0 mm ]

FINISHED LENGTH

(SEE CHART>

. 184 —_—
iZg REF.

o $2Z Rer. ﬁgﬂl Q8 | | Q8 :I[[I]:Iﬂ o {48 rer.
P1 d P2
FEMALE- FACE VIEW 996 699 MALE- FACE VIEW
P1 P2
NOTES! 1 YELLOW 1
1) MATERIAL: SEE TABLE 2 WHITE 2
2 FINISHES: SEE TABLE 3 ORANGE 3
3) CABLE: #22/4 SHIELDED PUR 4 BLUE 4
4) ELECTRICAL DATA:
ACCORDING TO CATSe ETHERNET STANDARD WIRING DIAGRAM
MAX. VOLTAGE: 30V
MAX. CURRENT 15A
5) ENVIRONMENTAL:
PROTECTION IP67
TEMPERATURE RANGE: -20C TO 75T
6) WRAP LABEL IS MARKED WITH P/N, DATE CODE,
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