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MATERIAL NO. | ENGINEERING NO. | FINISHED LENGTH
1300068143 105007B21M050 16'S" +650°-0 (5M +165.1mm-0)
1300068144 105007B21M100 320" +12.50°-0 (10M +317.5mm-0)
1300068145 105007B21M200 657" +24.50"-0 (20M +622.3mm-0)
1300068146 105007B21M300 98'5* +24.50"-0 (30M +622.3mm-0)
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NOTES: 1016
1. MATERIAL: SEE TABLE FINISHED LENGTH
2. FINISHES: SEE TABLE (SEE CHART) P1
3. ELECTRICAL SPECIFICATIONS
VOLTAGE RATING: 300V AC/DC
CURRENT RATING: 8 AMPS
4. PROTECTION: P67
5. ASSEMBLY IS RoHS COMPLIANT P 2 1
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