DESCRIPTION: M8 - FEMALE TO FEMALE - 3 POSITION - CABLE ASSEMBLY
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PIN 1
CONNECTOR 1 CONNECTOR 2

1. CONNECTOR 1 @ 854-003-203RLS4, MOLDED STRAIGHT HOOD, COLOR BLACK

2. CONNECTOR 2 + 854-003-203RLS4, MOLDED STRAIGHT HOOD, COLOR BLACK

3. WIRE + 26AWGL, 2 1/2 TWISTED PAIRS, UL202/6, FUOIL/BRAID/DRAIN SHIELD, COLOR BLACK, 30V
4, CABLE DIAMETER : 4.6mm*0.195mm

O SHIELDING + 360°

6 PIN OUT

WIRING SCHEMATIC CCA-000-MYYRe04
: BLACK = 1 —L 01 = 1 METER =:12.00mm
o I/\ ot 02 = 2 METERS <+2500mm
Pin #3 \} o Pin #57] ryisten par 03 = 3 METERS =<esoorm
Pin #4 Pin #4 45 = 457 METERS (IS FT [£2-3"D
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DESCRIPTION: M8 - FEMALE TO FEMALE - 3 POSITION - CABLE ASSEMBLY

ELECTRICAL CHARACTERISTICS

VOLTAGE RATING @ 30V
TEMPERATURE RATING +  80°C
SPARK TEST +  AC-500V/015 sec MIN,
DIELECTRIC STRENGTH + AC-/50V/1 sec MIN
INSULATION RESISTANCE + SR-PVC: DC-500V 10 MOHM/KM MIN. AT 20°C
CONDUCTOR RESISTANCE + 26AWG-133 OHM/KM MAX. AT 25°C

TWISTED
PAIR

JACKET
BRAID

INSULATION
DRAIN WIRE
CUNDUCTOR

AL-FOIL/MYLAR

COLOR CODE

1. BLACK x BROWN (P570 & PS7D
2, RED x ORANGE (P5/2 & P5/3)
3, YELLOW <74
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