DESCRIPTION: M12 - MALE RIGHT ANGLE TO STRAIGHT - 8 POSITION - CABLE ASSEMBLY
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CCA-000-MYYRIS/

101 = 1 METER

0 = 2 METERS
03 = 3 METERS

PIN S

CONNECTOR 2

858-008-103RLS4, MOLDED RIGHT ANGLE HOUOD, COLOR BLACK
858-008-103RLS4, MOLDED STRAIGHT HOOD, COLOR BLACK
cAAWG, 4 TWISTED PAIRS, ULEE3D, FUIL SHIELD, COLOR BLACK, 30V

**xSEE PAGE 4 FOR CABLE
SPECIFICATIONS
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DESCRIPTION: M12 - MALE RIGHT ANGLE TO STRAIGHT - 8 POSITION - CABLE ASSEMBLY

TWISTED PAIRx4

CONDUCTOR

BRAID

DRAIN WIRE

AL-FOIL/MYLAR

FLECTRICAL CHARACTERISTICS

VOLTAGE RATING
TEMPERATURE RATING :
SPARK TEST
DIELECTRIC STRENGTH
INSULATION RESISTANCE
CONDUCTOR RESISTANCE

30V

60°C

AC-2000V /015 sec MIN,

AC-750V /1 sec MIN,

PE: DC-300V 15000 MOHM/100M MIN. AT 20°C
24AWG — 93.2 OHM/KM MAX. AT 20°C

JACKET
INSULATION
COLOR CUDE
1. BROWN * BROWN/WHITE
2. BLUE x BLUE/WHITE
3. ORANGE * ORANGE/WHITE
4, GREEN * GREEN/WHITE
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