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Material:

Bare copper

Conductor: 26AWG 7*0.16+0.015mm
Conductor Insulation color coding: (1)White/Orange, (1)Orange, (1)White/Green,
(1)Green, (1)Blue, (1)White/Blue, (1)White/Brown, (1)Brown
Included printing on cable jacket: CM (UL) C(UL) 4P 26AWG UTP CAT.6 PATCH CABLE
ISO/IEC & EN & ANSI/TIA-568-C.2
Cable Assembly: White cable tie, Wiring T568B color, Plug RJ45 8P8C 3 pc UL 94V-2

Cable Jacket color: Grey
Length: L+3%m

Dielectric strength: 2.5KV dc-2seconds
Working temperatures: -20°C~60°C
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Order Code: A-MCUB0xxx

Order lengths in meter: 0.5,1
2,3,5,7,10,15,20,30
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