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3-.9M [1 - 3FT]: +44.5mm-0 [+1.75in-0]
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1300100191 112021A01F 120 20 FT [3./M] 14.6 - 30.5M [48-100FT]: +622.3mm-0 [+24.50in-0]
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5. PROTECTION: IP67 (WHEN MATED) B ' i
6. COUPLING THREAD: 7/8-16 UN
7. UL RECOGNIZED FILE: E152210
CSA FILE: LR6837
8. ALL DIMS ARE FOR REFERENCE UNLESS
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