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Conductor: {26AWG(0.16x7)BC}x6C Note for plua:
Insulation:(PP6331 TD:0.95+0.03)x6C o T pud.
Jacket: PVC NOUL 65P Material:
gy White Housing-Polycarbonate,clear.
i Terminal-0.36[.014] thick phosphor bronze.
© Black Thick gold in localized gold plate.
) Red Area,Gold flash over the remainder.
Over 2.54mm[.000100] thick nickel underplate
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