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SHIELD CONNECTED TO COUPLER/HOUSING

NOTES:

VOLTAGE RATING: 30 VA.C. OR 42V D.C.

CURRENT RATING: 0.5 A

TEMPERATURE RATING:

STATIC: -40 °C TO 80 °C

DYNAMIC: -20 °C TO 80 °C

IP RATING: IP 20

TRANSMISSION CHARACTERISTICS ACCORDING TO ISO/IEC 11801 CLASS E, CHANNEL,
WITH INSERTION LOSS BEING IGNORED FOR CABLE LENGTHS =1 m OR ~.65m
PRODUCT POE++ PERFORMANCED TESTED UP TO 65m LENGTH
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TABLE 1
MOLEX PN ENGINEERING NO. | DESCRIPTION LENGTH [mm]
F 1203410600 | E66E06020M005 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 0.5M 500
1203410601 | E66E06020M010 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 1M 1000
1203410602 | E66E06020M020 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 2M 2000
1203410603 | E66E06020M030 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 3M 3000
1203410604 | E66E06020M040 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 4M 4000
1203410605 | E66E06020M050 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 5M 5000
1203410606 | E66E06020M100 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 10M 10000
1203410607 | E66E06020M150 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 15M 15000
1203410960 | E66E06020M200 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 20M 20000
1203410862 | E66E06020M250 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 25M 25000
E 1203410961 | E66E06020M300 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 30M 30000
1203410962 | E66E06020M400 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 40M 40000
1203410963 | E66E06020M500 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 50M 50000
1203410909 | E66E06020M550 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 55M 55000
1203410964 | E66E06020M600 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 60M 60000
1203410910 | E66E06020M650 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 65M 65000
1203410965 | E66E06020M700 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 70M 70000
1203410966 | E66E06020M800 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 80M 80000
1203410934 | E66E06020M900 CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 90M 90000
WITH ID CARRIER
D 1203410608 | E66E06020M005H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 0.5M-ID 500
1203410609 | E66E06020M010H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 1M-ID 1000
1203410610 | E66E06020M020H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 2M-ID 2000
1203410967 | E66E06020M030H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 3M-ID 3000
1203410611 | E66E06020M050H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 5M-ID 5000
1203410971 | E66E06020M060H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 6M-ID 6000
1203410970 | E66E06020M0O80H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 8M-ID 8000
1203410612 | E66E06020M100H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 10M-ID 10000
1203410613 | E66E06020M150H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 15M-ID 15000
1203410969 | E66E06020M170H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 17M-ID 17000
C 1203410620 | E66E06020M200H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 20M-ID 20000
1203410973 | E66E06020M250H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 25M-ID 25000
1203410621 | E66E06020M300H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 30M-ID 30000
1203410622 | E66E06020M400H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 40M-ID 40000
1203410968 | E66E06020M460H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 46M-ID 46000
1203410623 | E66E06020M500H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 50M-ID 50000
1203410972 | E66E06020M530H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 53M-ID 53000
1203410624 | E66E06020M600H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 60M-ID 60000
1203410625 | E66E06020M700H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 70M-ID 70000
1203410913 | E66E06020M800H | CSE RJ45 CAT6A 8P 0C FE STR PUR GREEN 80M-ID 80000
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