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ITEM| PART# DESCRIPTION QTY | UOM FROM|TO DESCRIPTION COLOR
A 510210200 PicoBlade1.25 Rec Hsg 2P 1 PC A1 | - [ CABLE 28 AWG UL 1061 BLACK| BLACK
B |500588000| PicoBlade1.25 Crimp Rec Term Chain Tin 2 | PC A2 | - |CABLE 28 AWG UL 1061 BLACK| BLACK
C -- Blank label 12.7x35.5mm (WHT:12.7mm) HF | 1 PC
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1 SEE DETAIL A
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PART NUMBER L1 L2 (REF) TITLE
2181120200 75:5 30 2 CIRCUIT PICOBLADE R:BLUNT CABLE 75MM
2181120201 150+6 70 2 CIRCUIT PICOBLADE R:BLUNT CABLE 150MM
2181120202 | 225:6 105 2 CIRCUIT PICOBLADE R:BLUNT CABLE 225MM
2181120203 | 300:8 145 2 CIRCUIT PICOBLADE R:BLUNT CABLE 300MM NPTs——
2181120204 | 425:8 205 2 CIRCUIT PICOBLADE R:BLUNT CABLE 425MM 1 __MF(';: WWayy
I MOLEX
DETAIL A

NOTES

1. Connector view shown is from mating side.
2. Free ends must be blunt cut.

3. Label text must be 2mm max. in height with Arial font.
4. Label must be wrapped in flag type on the cables.
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