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Notes:

1) Each cable assembly to be individually bagged.

2) 50u” Gold plating on contacts

3) Cable Construction:
- 28AWG Stranded
- 4Pr, F/UTP, Type CMR
- PVC Jacket

4) Slimline Snagless Strain
Relief

5) 100% Transmission Tested for
Performance
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Example Parts Numbers

Feet
P/N Color Length
BM—-R6ASEQO1F Blue 1
BM—-R6ASKO10F Black 10°
BM—R6ASNO15F Green 15’
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TIMLE:

Bel Patchcord Assembly, C6A F/UTP, 28 awg, CMR
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