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DESCRIPTION:

ITEM NO.

REV. 01 UNIT:mm

A

A
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2 3 1 3 2

INK MARKING <FP2053> : YFC CAT.7 SSTP PATCH 3P VERIFIED TO ANSI/TIA-568.2-D & ISO/IEC 11801 ED.2 & EN 50288-4-2 
& IEC 60332-1-2  26AWGX4P CMX(UL) 

GY177

 Jacket Color
BU608

 JACKET:PVC  Thickness:0.55±0.1MM
               OD=5.7±0.2mm

 CONDUCTOR:[26AWG (7/0.16±0.008MM)TC ]*4P

 INSULATION:FOAMED PE Thickness:0.3±0.05MM
                       OD=1.08±0.05mm

AL-MYLAR FOIL TAPE

BRAIDING:TC
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10%
5%

3.33%
2.5%
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1.67%
2.38%

 T(%)
1.75%
1.67%
1.33%

1.0%

0.5%

8  ±2 2.08%
9  ±2 1.85%

30
40

 ±6
 ±6

1.67%
1.25%

10  ±2 1.67%
12 1.39% ±2

3

60  ±6 1.0%
70  ±6 0.67%
80  ±6 0.59%
90  ±6 0.5%

8P8C 50U RJ45
CAT.7 SSTP PVC 26AWG*4P TC

PVC YUS-07

CABLE
PLUG
MOLD
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2

A/R

M
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Kg

SHELL SHELLBRAID

conductor resistance:152 ( /Km) at 20°C

A/1 2021.03.11 Arvin Add 

Operation Temperature:-20°C~+60°C
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 C7 SSTP 26AWG PVC Molding 

PE BAG SIZE(INCH) PART NO. length/FT CARION SIZE(INCH) Q'TY G.W(LBS)

6.89x7.48 100322 3 15.75x15.75x7.87 150 18.7

7.87x9.45 100329 7 15.75x15.75x9.06 80 25.52

6.89x9.06 100326 7 15.75x15.75x7.87 100 23.54

7.87x9.45 100332 20 16.54x16.54x10.24 60 35.42

9.25x10.63 100333 25 15.75x15.75x7.87 35 25.52

9.25x11.81 100336 50 15.75x15.75x7.87 20 28.16

9.25x11.81 100338 70 15.75x15.75x9.06 20 38.5

9.25x11.81 100339 80 15.75x15.75x9.06 20 42.9

9.25x14.96 100340 90 16.54x16.54x10.24 20 49.28

9.25x14.96 100341 100 16.54x16.54x10.24 20 54.34

6.89x7.48 100324 100 15.75x15.75x7.87 110 19.8

Ethernet Patch Cable

*
*
*
*
*

RoHS Compliant
50µ Gold Plated RJ45 Plug

Stranded 568B Wiring
ANSI/TIA-568.2-D

100% Pure Copper Wire

xxx mm
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Which can expose you to chemicals including
diisononyl phthalate (DINP) which is known
to the State of California to cause cancer.

For more information, go to
www.P65Warnings.ca.gov

WARNING:This product contains PVC To avoid danger of suffocation,keep this plastic 
bag away from babies and children.Do not use 
this bag in cribs,beds,carriages,or playpens.
This bag is not a toy.

Front

Back

 UPC CODE

4 0 2 0 5 5 2 0 2 28 0

001007182

100718BL
COLOR PART NO.

DESCRIPTION

QUANTITY

PIECES

PO NO. C/NO.

VENDER CODE DATA CODE MADE IN

of

35-2020PS01269 China

1 Ft Panel Mount Cat.6 Ethernet
Cable Blue

EP2000191

G.W.: KGS
N.W.: KGS40.56

39350

5CM

2C
M Label
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CM-100322XXBSTK

CM-100329XXBSTK

CM-100326XXBSTK

CM-100332XXBSTK

CM-100333XXBSTK

CM-100336XXBSTK

CM-100338XXBSTK

CM-100339XXBSTK

CM-100340XXBSTK

CM-100341XXBSTK

CM-100324XXBSTK


