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NOTES:
1. MATERIALS:
    INSERT OVERMOLD - THERMOPLASTIC, BLACK.
    RETAINING NUT - BRASS, NICKEL PLATED.
    HOUSING - ZINC ALLOY.
    CABLE- SHIELDED, BLACK PVC.
2. DATA RATE- 5Gbps. FULLY MATED.
3. CURRENT- 5A.
4. TWO #4-40 MOUNTING SCREWS INCLUDED.
5. THIS PRODUCT IS RoHS COMPLIANT.

RECOMMENDED PANEL CUT-OUT
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PART NUMBER HOUSING FINISH
EHUSB31CFCM NICKEL

EHUSB31CFCMB BLACK CHROME
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1. ALL DIMENSIONS IN INCHES  [mm]

    - TWO PLACE DECIMALS      0.02    [0.5]

    - THREE PLACE DECIMALS    0.005  [0.13]
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