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～ 结构样式

适用扁平线(Applicable Flat Cable)

适用线路板(PCB LAYOUT)

SECTION A-A
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技术指标(Technical Index):

   1.塑件表面应光洁、无毛边、无明显收缩、 缺陷、裂纹等现象.

   (The surface of the plastic parts should be smooth,no rough

   edges,no obvious shrinkage,defects,cracks and other phenomena.)

   2.温度范围(Temperature range)：-25°C～+85°C.

   3.额定电流(Rated current)：0.5A

   4.额定电压(Rated voltage)：50V，AC/DC(=等效).

   5.耐电压(Withstand Voltage)：500V，AC/minute.

   6.接触电阻(Contact resistance)：≤50m Ω.
   7.绝缘电阻(Insulation resistance):≥500M Ω.

0.5型下接端子（H2.0）前翻盖0.5 type front flip cover lower terminal (H2.0)


