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( 24 99 termination end, nickel
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M Round Jackscrews 30 Option: 30u" gold on
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‘T ct 4*0 Rated Current: 2A
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Z“ Part Number Contact Area Plating Finish
O K85X-ED-9P-R Gold Flash (standard)
g_) K85X-ED-9P-R15 154" Gold (15 option) Tolerances
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K85X-ED-9P-R30 30u" Gold (30 option) o | XXX+0.15
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