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Features

VDS (V) = 100V
ID = 9.4A (VGS = 10V)

RDS(ON) =210mΩ (VGS = 10V)

The D-PAK is designed for surface mounting 
using vapor phase,infraredor wave soldering 
techniques.  Power dissipation levels up to 
1.5 watts are possible in typical surface mo-
unt applications.
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UMW IRFR120NTR TO-252

Ordering information
Order code Package Baseqty Delivery mode

2500 Tape and reel

Dimensions

Millimeters InchesRef.
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Package Mechanical Data TO-252
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