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Shenzhen Huade co-create Technology Co.,LTD
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产品编号：

AO NEW DWG
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SPECIFICATIONS
Current Rating:          3Amps
Insulator resistance:    5000 Megchms min.
Dielectric Withstanding: AC 500 v
Operating Temperature:   -40°  +105°C
Contact Material:        Brass
Insulator Material:      pa6t

Dimensions list

Plating:                  Glod flash

UNSPECIFIED TOLERANCE:±0.20

2
.
8
±

0
.
2

铜针：65铜
电镀：Gold  flash


