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Features

•  Magnetically Shielded
•  Low DC Resistance
•  High Energy Storage
•  Low Energy Loss
•  Suitable for pick and place

Electrical

Test Equipment

Physical

Packaging:  400 pieces per 13 inch reel
Marking:  EIA Inductance Code.
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RoHS

Inductance Range:  1.3µH to 1000µH
Test Frequency: 100KHz, 0.25V and
1KHz, 0.25V
Operation Temp: -40°C to +125°C
IDC: The DC current at which the
inductance becomes 25% lower than
its initial value or when Δ t=40°C,
whichever is lower.  (Ta=25°C)

Resistance to Soldering Heat

Pre-Heat: 150ºC, 1 Min.
Solder Composition: SnCuNi
Soler Temp: 260°C ±5°C
Immersion Time: 10 Sec.

(L): HP4284A | HP4285A LCR Meter
(DCR): Milli-ohm meter
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Dimensions: Inches
(mm)

All specifications subject to change without notice.
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