SCRH2D11

SMD POWER INDUCTORS

e Features

1. Magnetically shielded construction
2 Excellent Power Density
3 Engineered to Provide High Efficiency

ELECTRICAL CHARACTERISTICS

MARKING

Part Number Indyuc,:é;nce Fre;zztncy DC(SE,S\;%?)C ¢ Sgt:rrf;(:%) Tegﬁfr;agij(r‘le) SCRH2D11 Inductance decrease by current
@ @) (A) A) 1000
SCRH2D11-1R5 15 100KHZ 95m 0.90 145
SCRH2D11-2R2| 22 | 100KHZ 121m 064 127 T®
SCRH2D11-3R3 33 100KHZ 160m 0.60 114 g
SCRH2D11-4R7 47 100KHZ 235m 0.50 102 g
SCRH2D11-6R8 6.8 100KHZ 304m 040 0.86 g
SCRH2D11-100 10 100KHZ 524m 0.34 0.70 o1 : 1
SCRH2D11-120 | 12 | 100KHZ 595m 030 056 ° " o o o
DC current (mA)
SCRH2D11-150 15 100KHZ 656m 0.24 0.50
SCRH2D11-180 18 100KHZ 691m 0.23 0.50 SCRH2D11 Temperature rise by current
SCRH2D11-220 22 100KHZ 112 0.22 043 80
SCRH2D11-330 33 100KHZ 187 0.18 0.38 70
SCRH2D11-470 47 100KHZ 2.35 0.15 0.34 i ZZ l@ ﬁ
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(1). Inductance tolerance *+30% tested at 0.25V, 0ADC and 25°C

(2). DCR measured at 25°C.

(3). The DC current at which the inductance decreases by 35% from its initial value.
(4). The DC current that results in a 40°C temperature rise from 25°Cambient.

Custom versions available upon request.

Click here for QUANTITY PER REEL & PACKING INFORMATION
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