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WORKING VOLTAGE
INSULATION RESISTANCE
CONTACT RESISTANCE

NYLON 9T, ULS4V-0, BLACK
260°C PROCESS TEMP
PHOSPHOR BRONZE

NICKEL PLATED STEEL

TIN PLATED STEEL

NICKEL PLATED BRASS

GOLD FLASH MATING AREA
TIN PLATED SOLDER TAILS

2A

250V

1 GOhms MIN
15 mOhms MAX
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