Material:
Insulator: High temperature plastic
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H H H H H H H H | Contact: Brass with Matte Tin plated @Contocts: 02 to 15
i [ Tab: Brass with Matte Tin plated & M= SMT type header
@) Plating:
1= 100" Min. Tin Plated
o8 over 504" Nickel (Matte Tin Finish)
[] [] o 2= 0.02um(0.8 ) Gold plated
over 1.27 um(501”) Nickel
®) Type: H= Right angle
®) Other option:
RO= Tape & reel packing (Standard)
TO0= Tube packing
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DIM. A = 1.50 x NO. OF SPACES g? :0594.002 1028+.004
DIM. B = DIM. A + 4.5 A+0.10 1.4£0.05
) _ ' ) .055+.002
DIM. C = DIM. A + 2.1 Recommended P.C. Board Layout
* AVAILABLE IN 2 THROUGH 15 CIRCUITS
Halogen—Free||| Lead Free Process ||| RoHS compliant
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NOTE :

A* Reel Material :

* Cover Tape Material :

Corrugated Paper
* Carrier Material

Clear, Conductive Polystyrene Alloy

* Cover Tape Peel Strength
* Carrier camber is within Tmm in 100mm
* All dimensions meet EIA—481—2 & EIA—481-3

requirements.
* Quantity : 1400 PCS/Reel

Polyester
O.IN — 1.3N

o Dimension Packing
w Circuits £ F Wi W2 W3 (Reel/Carton)
L 2-3 16.0(.630) | ————- 16.5(.650) 22.5(.886) 16.5(.650) 11
W2 Max. $21.040.8 4-8 24.0(.945) | ————- 24.5(.965) 30.5(1.201) 24.5(.965) 9
8275051 9-12 32.0(1.260) 28.4(1.118) 32.5(1.280) | 38.5(1.516) | 32.5(1.280) 7
13—15 44.0(1.732) 40.4(1.596) 44.5(1.752) | 50.5(1.988) | 44.5(1.752) 5
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WIDTH - 16.24 mm Corrier  R.030 I°WDTH ; 32.44 mm carrier || ROHD Compliant
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