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Features

•  Shielded SMD Power Inductor
   •  Small Foot Print
•  Low DC resistance  
•  Ideal for DC-DC converter applications

Electrical

Tolerance:  30% over entire range, 

Operating Temp:  -30ºC ~ +100ºC  
IDC:  Current at which inductance drops 

Inductance Range:  1.0µH to 47µH

Resistance to Soldering Heat 

Test Equipment

  

Physical

Pre-Heat 150ºC, 1 min.
Solder Temp: 260ºC ± 5ºC for 10sec ± 1sec. 
Solder Composition: Sn/Ag3.0/Cu0.5

(L):  HP 4284A
(RDC):  CHEN HWA502

Packaging:  500 pieces per 7 inch reel
Marking:  EIA Inductance Code
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PCS3D28-1R0T-RC
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 tighter tolerances available. 

 by 35% of initial value.  
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 Irms Current:   ∆ T=40ºC 

(Rated Current):  HP4284+HP4284A OR
CHEN HWA 1061+ CHEN HWA 301A
(Irms Current):  HP4284+HP4284A OR
CHEN HWA 1061+ CHEN HWA 301A
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Typ

2.50

1.85

1.62

1.32
1.18

1.02

0.74

0.63

0.56

 (A)

Dimensions: Inches
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