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OCXO UNIT wItH HCMOS OUTPUT IN SMD 9.7x7.5MM PACKAGE.

PRODUCT FEATURES PRODUCT PHOTO (NOT IN SCALE)

esSmall dimensions 9.7x7.5x4.1 with 4 solder pads.
e Tight stabilities over temperature range.
e ROHS compliant, LEAD-FREE.

PRODUCT SPECIFICATIONS

SUPPLY VOLTAGE

PARAMETER 3.3y REMARKS
Frequency range 10 ~ 40MHz —
Frequency tolerance +200ppb Initial tol. @+25°C
Frequency stability +5ppb  / 20ppb /  £50ppb See note below table
Operating temperature range -20 to +70°C / -40 to +85°C ;Eosgmgigzﬂ.?:izg_
Aging per year +0.6ppm @+25°C
output waveform and load CMOS 15pF -
output voltage Tevel HIGH 2.4 Minimum
output voltage Tevel LOwW 0.4 Maximum
Rise and Fall times 8ns @10~90% of Vcc
Symmetry (duty cycle) 45~55% @ 50%Vcc
Phase noise (example 10MHz) -125dBc/Hz / -145dBc/Hz / -150dBc/Hz @100Hz / 1kHz / 10kHz
Phase jitter RMS <1ps 12kHz<Fj<20MHz
Power consumption (warm up) 1.5w Max
(steady state) 0.4w Max
Note: Frequency stability 1is the frequency deviation over temperature range in reference to +25°C
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| Note 4. Aqueous cleaning Is FORBIDDEN
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