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: 6-10ym Sn matt Gber 1-3um Ni /
2 6-10um sn matt over 1-3um ni
31 Oberfldche A /plating A

only

Dimension no. Tolerances 6 @ Scale 5:1 Tool-no.
ISO 2768-mH Mdaderial CuZn39Pb3 CuZn39Pb3
All Dimensions

ISO 8015 in mm
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