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ﬁ & STAMP 10S AMP 22—18* APPROX AS SHOWN
/ 1 22—16 TERMINALS ARE STAMPED 22—18 IN
ACCORDANCE WITH MILITARY SPEC SAE AS 7928
COMMERCIAL WIRE RANGE IS 22—16
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18.009 3 BODY MATL THK, O.787i0.051[.OB1 i.OO2]
— [.709] - ii
MAX MATERIAL: BODY — BRASS PER ASTM B36
INSULATION — PVC.
- 25.832 [1 .017] _ A APPLIES FROM CENTER OF STUD HOLE TO EDGE
MAX OF METAL WIRE BARREL
100 LOOSE PIECE,BOX 8—52455—1
1000 LOOSE PIECE 52455
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